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Chromatic Focal Shift 
Maximum Focal Shift Range: 241.634 μm (365-1620 nm) 
Diffraction Limited Range: 2.529 μm 

 

 

Table Showing Focal Length at Various Laser Line Wavelengths 
 
 
 
 
 
 
 
 
 

*Design Wavelength 

Wavelength (nm) Focal Length (mm) 
405 3.18 
633 3.29 
670* 3.30 
780 3.31 
810 3.32 
830 3.32 
980 3.34 
1064 3.34 
1550 3.37 


